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SPECIFICATIONS:
NO. OF CONDUCTORS: 8

8CLC FLAT CORD
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XX = LENGTH
1 SLT 8
2 BRN 7
3 YEL 6
s =
5 RED 4
6 BLK 3
Z ORN 2
8 BLU 1
AT8x8 ATSX8
8C8P PLUG 8C8P PLUG

CONDUCTOR MAT'L: AWG # 26 7 STRANDS, #35 BARE COPPER CONDUCTOR.
CONDUCTOR INSULATION: POLYPROPYLENE (P.P) DIAMETER: MAX .040, MIN, .035.
JACKET: POLYVINYLCHLORIDE (P.V.C.) THICKNESS .040 IN.

COLOR: SILVER SATIN.
VOLTAGE: 300 V

STANDARD LENGTHS
AT1007-K, 7 FT
AT1014-K 14 FT
AT1025-K 25 FT
OTHER LENGTHS

PER ORDER

30 TV5 DRIVE ¢ HENDERSON, NV ¢ 89014

AT10XX-K LINE CORDS




